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CAB 25 to CAB 240

600014 • 07/2014

Type Volume [L] Internal Size [mm] [w x d x h] External Size [mm] [w x d x h] Weight [kg]
IP (without 

drilling)
IP (with  

accessories)

CAB 25 25 315 x 280 x 130 395 x 355 x 180 2,5 54 44

CAB 40 40 360 x 260 x 250 445 x 345 x 290 3,5 54 44

CAB 45 45 635 x 320 x 125 710 x 400 x 170 5 54 44

CAB 70 70 515 x 310 x 250 605 x 400 x 305 6 54 44

CAB 80 80 420 x 250 x 335 550 x 380 x 395 6 54 44

CAB 110 110 510 x 410 x 350 590 x 490 x 390 7 54 44

CAB 180 180 620 x 570 x 350 710 x 655 x 390 11 54 44

CAB 190 190 595 x 440 x 460 675 x 550 x 510 12 54 44

CAB 240 240 780 x 610 x 350 850 x 700 x 395 14 54 44

Characteristics: 
    Polyethylene UV resistant, acid proof, carry handles and locks in 

zinc, easy to clean, abrasion resistant,
   These CAB are delivered without drilling.  

These boxes are delivered with the following accessories:  
   Ventilation Inlets
   Cable glands 
   Warning plate “Local Batteries”

Available Options:
    Carry handles and locks in stainless steel
   Padlock

Find the CAB 680 on the next page.

Battery Boxes 
Phaesun CAB

The CAB range of battery boxes for Off-Grid power and portable systems are designed for an 
indoor or outdoor installation. With a comprehensive size range, they can be used with any 
type of solar battery in harsh weather conditions.
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CAB 680

Characteristics: 
    Polyethylene high density UV resistant, acid proof, air holes and 

pre-drilled cable holes, air tight cable holes, easy to clean, abrasion 
resistant 

These boxes are delivered with drilling and with the following 
accessories (Art.No. 500010):   

   Ventilation Inlets
   Cable glands 
   Warning plate “Local Batteries”

Available Options:
    Acid proof treated wooden battery rack 
   Padlock 

Type Volume [L] Internal Size [mm] External Size [mm] [l x w x h] Weight [kg]
IP (with  

accessories
Art.No.

CAB 680 680      1581 x 768 x 977 mm  38 23 600014
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