
DATA SHEET 

Model No.  
DS-660 S-S  

Specifications： 

Rating ： 1A.125V. AC 

Circuit ： OFF-(ON)  SPST (2P) 

Contact Resistance ：20mΩ or less 

Insulation Resistance ：DC500V Megger 
100MΩ or more 

Voltage Breakdown ：AC1000V (1 minute) 

Construction： 

Materials Finish 

① Square Button PF Red or Black 

② Body PA Light Blue 

③ Terminal C1100R Ep-Cu/Ag 

④ Base PF Black 

Push Button Switch (Square Button) 

Mounting Hole Dia. 

Unit : mm 

Flux Prevention 

Shape of 
button fitting portion 

Moval fitting hole 

Shape of moval 
fitting portion 

Button installation directionality

Carved seal 
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push force (N)
Model No: DS-660S-S as below :

0.49N ~ 1.18N (for push ON)
1.18N ~ 2.45N (for full stroke)
29.4N for 1 minute (static load)




