
© Copyright 2017 by Conrad Electronic SE.

Distributed by Conrad Electronic SE • Klaus-Conrad-Str. 1 • D-92240 Hirschau

Datasheet

V1_20180227_01_en

Enamelled Copper Wire

Specification

Copper Wire

Enamel

Operating Temperature

2UEWF

PU class 155
-20°C ~ 155°C max.

Technical Data

            Item no. Wire Diameter(mm) Enamel/PU coating 
thickness(mm)

  Resistance(Ω/km) Rated Voltage(kv)

         1570224       0.05± 0.015       0.008-0.019           10240            0.30

          1570225       0.1±0.018       0.01-0.025            2381            0.50

          1567045       0.15±0.02       0.012-0.027            1037            1.00

          1567046       0.2±0.023       0.016-0.031            577.2            1.50

          1567047       0.3±0.04       0.02-0.037             254            2.00

          1567048       0.4±0.05       0.022-0.039            141.7            2.20

          1567049       0.5±0.065       0.024-0.42             89.95            2.50

          1565202       0.8±0.085       0.03-0.052             35.17            2.80

          1567050          1±0.1       0.034-0.062             22.49            3.00

Cable Grommet

Material    : PVC
Colour      : Black
Tolerance :±0.5

Item no. 1564794, 1569984, 1565945, 1569985, 157196,1569986

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text

Gary Wang
Typewritten Text


	頁面  1



