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Part 
Number 

B/N 
Nominal 
Size(mm) 

As supplied (mm) After recovered (mm) Standard Length 
(Meter) I.D. W.T. I.D. (max) W.T. 

G5-0010 1571582/1570730/1571599/1571036/1571607/1570613 1.0 1.5±0.3 0.20±0.05 0.6 0.33±0.05 200 

G5-0020 1571583/1571591/1571600/1572501/1572506/1572513 2.0 2.5±0.3 0.20±0.05 1.0 0.44±0.05 200 

G5-0040 1571026/1571037/1571044/1571040/1571052/1565439 4.0 4.5±0.3 0.25±0.05 2.0 0.44±0.05 200 

G5-0060 1571584/1571038/1568125/1571045/1571053/1571061 6.0 6.5±0.3 0.28±0.05 3.0 0.56±0.08 100 

G5-0080 1571027/1568124/1568126/1572503/1572507/1572514 8.0 8.6±0.3 0.30±0.06 4.0 0.56±0.08 100 

G5-0100 1571028/1571054/1571046/1571062/1571592/1571605 10.0 10.7±0.4 0.30±0.06 5.0 0.56±0.08 100 

G5-0120 1571601/1571608/1570731/1571593/1572508/1571610 12.0 12.7±0.4 0.30±0.06 6.0 0.56±0.08 100 

G5-0140 1571029/1571039/1571047/1572509/1572515/1572512 14.0 14.7±0.4 0.35±0.07 7.0 0.69±0.08 100 

G5-0160 1572510/1572504/1570732/1570738/1571063/1570742 16.0 16.7±0.5 0.35±0.07 8.0 0.69±0.08 100 

G5-0180 1571602/1571041/1572499/1570733/1571055/1570743 18.0 19.0±0.5 0.40±0.10 9.0 0.77±0.15 100 

G5-0200 1570740/1571042/1571030/1571585/1571056/1571611 20.0 21.0±0.5 0.40±0.10 10.0 0.77±0.15 100 

G5-0250 1571048/1571043/1570734/1571587/1571057/1570614 25.0 26.0±1.0 0.45±0.10 12.5 0.87±0.15 50 

G5-0350 1564726/1565438/1571049/1570739/1571058/1571612 35.0 37.0±1.0 0.50±0.10 17.5 0.97±0.15 50 

G5-0450 1571050/1571594/1570735/1571588/1571059/1571064 45.0 46.5±1.0 0.50±0.10 22.5 0.97±0.15 25 

G5-0600 1571603/1571595/1572500/1571589/1572511/1571613 60.0 60.0±3.0 0.80±0.20 30.0 1.30±0.20 25 

G5-0800 1571051/1570609/1571031/1571034/1570611/1571065 80.0 80.0±3.0 0.80±0.30 40.0 1.50±0.30 25 

G5-1000 1571604/1571596/1571032/1571035/1570741/1571614 100 100.0±4.0 0.80±0.30 50.0 1.50±0.30 25 

G5-1200 1570610/1571597/1571033/1570737/1570612/1571066 120 120.0±4.0 0.80±0.30 60.0 1.50±0.30 15 

G5-1500 1572505/1572502/1571586/1571590/1571609/1572516 150 150.0±4.0 0.80±0.30 75.0 1.50±0.30 15 

G5-1800 1571606/1571598/1571060/1570427/1570736/1570581 180 180.0±4.0 0.80±0.30 90.0 1.50±0.30 15 


