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Item no. 1571999 / 1564997 / 1564416 / 1566424

Insulation Protective Sleeve for Terminal Connector 
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Specification
Material: PVC (Polyvinyl Chloride)
Material Thickness: 0.8mm
Insulation Color: see the table
Insulating resistance:500 V/DC, >200Mohm
Dielectric withstand voltage: 1000V/min. (5mA)
Short-term high temperature: 105°C at 10min.
Working temperature: -20°C ~ 75°C

Flammability class: 94V-0

1564996 / 1566428 / 1571998 / 1566427
1566426 / 1571996 / 1572001 / 1571995
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