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Specification

Normal flash energy
Design anode voltage
Max anode voltage
Min anode voltage
Min trigger voltage
Length A

Length C
Tube diameter D

Flash rate at normal energy
Life

Length B

21W
310V
330V
230V
4KV
30±1.5mm

40±1mm

Φ6.0±0.3mm

1/Sec.
3.0x106 flashes

24±1mm


