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Operating Temperature

Material
Terminal
Insulation
Plating

: 75°C max.

: Copper
: PVC
: TIN 

Fully Insulated Female Crimp Connectors

L
dø

Dø

B

B (mm) dø (mm) Dø (mm) L (mm)
±0.2 ±0.2 ±0.3 ±1.0

1571412 FDFD1.25-110(5) 2.8 x 0.5 3.2 1.7 3.5 18.4
1566938 FDFD1.25-187(5) 4.8 x 0.5 5.0 1.7 3.5 20.0
1565179 FDFD1.25-187(8) 4.8 x 0.8 5.0 1.7 3.5 20.0
1565137 FDFD1.25-250 6.4 x 0.8 6.6 1.7 3.5 21.5
1572192 FDFD2-110(5) 2.8 x 0.5 3.2 2.3 4.0 19.0
1565180 FDFD2-187(5) 4.8 x 0.5 5.0 2.3 4.0 20.0
1566939 FDFD2-187(8) 4.8 x 0.8 5.0 2.3 4.0 20.0
1566730 FDFD2-250 6.4 x 0.8 6.6 2.3 4.0 21.5
1566940 FDFD5.5-187(5) 4.8 x 0.5 5.0 3.4 6.2 23.0
1572129 FDFD5.5-250 6.4 x 0.8 6.6 3.4 6.2 25.5
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