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SPECIFICATIONS:
Materiol:
Insulator PBT
tor colort Black
Contoacts Brass
Plating
Gold flash over MNickel underpiate overall
Electricol
Dperating voltage: 250 VAC mox
Current roting 3 Amp max
Contact resistoncer 20 mohms max
Insulation resistance: 5,000 Mohms min
Dielectric withstonding voltager 1,000 VAC / minute
Mechanicols
Mating curoblityr S00 cycles min
Temperature Rating
Operating temperatures: -40° to +105°
Environmental
Lead free, RoHS compliont
Recommended soldering temp 200° for 5-10 second
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RECOMMENDED PCB LAYDUT

A = 254 X No. of poasitlons /7 2 + 7.6
B = 254 X No. of posHlons / 2 + 5.08
C = 254 X No. of spoces
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