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COMPONENTS

TRU

Rocker Switch w/ dual color LED, 12V, On-On

Rating 20A 12V DC Mounting Hole

Contact Resistance 50m ohm Max.

Insulation Resistance|DC 500V 100M ohm Min.

Dielectric Strength AC 1500V 1 minute
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Operaion Temperature -20°C~B5°C o
Switch Function 3P SPDT ON-ON Pg'."g:'v;hoicm:fs F%T\?L:'sr.rgcﬁfnss
Clear Lens Diagram
Material:

Frame: Nylon 66 (94-V2), Black
Actuator: Nylon 66 (94-V2), Black
Clear Lens: PC Clear (94-V2),
Terminals: Silver plated, Copper alloy
LED: Bi—colour LED
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