
USH corrugated tube holder

with flange pipe holder
 

 

Technical dataMaterial
Polycarbonate

USH
Tube holder for HELUcond protection tube.
Universal, high-strength tube holder with double
struts.

Temperature range: -30°C up to +100°C
 
 

 
Flammability acc. to UL 94
 Fastening bores suitable for horizontal and

vertical rail systems in control cabinet.
 
Application

• halogen-free
• phosphor-free
• cadmium-free
 • Plant and machine construction

• Robot construction
• Automation technology
• Vehicle construction and shipbuilding
• Rail technology
• Installation technology
• Control cabinet construction

 

USH with flange pipe holder
Net EUR/100 items at a purchase ofUnitHeight

mm
Width
mm

Suitable for
tube with
outer Ø

Part no.
black

Part no.
grey 501 - 1000101 - 500up to 100

o. r.o. r.o. r.5040,038,021,09349791200
o. r.o. r.o. r.5040,038,028,59349891201
o. r.o. r.o. r.5048,046,034,59349991202
o. r.o. r.o. r.5059,052,042,59350791203
o. r.o. r.o. r.5077,068,054,59350891204

 

o. r. = on requestDimensions and specifications may be changed without prior notice.
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