
Anaconda Sealtite® EF for standard applications
 

 

Technical dataMaterial
Galvanised steel

EF
Universal applications.
Protection tube from reinforced, galvanised steel
band with spiral wound, latched profile, a
continuous cord seal and extruded plastic sheath.

Protection class: IP 67
 
Temperature range: -25°C up to +70°C
Temperature range temporary up to +90°C
 

 
Outer sheath material: PVC
 
NoteThis complex construction method keeps the

plastic sheath and the internal tube flush
together.

 Suitable connection glands:
LT straight, LT angled, T&B straight, T&B angled.
Dimensions 2 1/2", 3", 4", 5" and 6" available
on request.

 

 
Net EUR/100 metres at a purchase ofPer

metres
Outer Ø
mm

Inner Ø
mm

Trade size
inch

Part no.
black

Part no.
grey 501 - 1000101 - 500up to 100

o. r.o. r.o. r.5011,56,41/4"9693991229
o. r.o. r.o. r.5014,410,15/16"9624891230
o. r.o. r.o. r.7517,812,63/8"9624991231
o. r.o. r.o. r.6021,116,01/2"9715391232
o. r.o. r.o. r.5026,421,03/4"9671891233
o. r.o. r.o. r.3033,126,51"9625091234
o. r.o. r.o. r.3041,835,11 1/4"9625191235
o. r.o. r.o. r.1547,840,31 1/2"9717591236
o. r.o. r.o. r.1559,951,62"9625291237

 

small package
Net EUR/100 metres at a purchase ofPer

metres
Outer Ø
mm

Inner Ø
mm

Trade size
inch

Part no.
black

Part no.
grey 501 - 1000101 - 500up to 100

o. r.o. r.o. r.1014,410,15/16"9493094915
o. r.o. r.o. r.1017,812,63/8"9493194916
o. r.o. r.o. r.1021,116,01/2"9493294917
o. r.o. r.o. r.1026,421,03/4"9493394918

 

o. r. = on requestDimensions and specifications may be changed without prior notice.
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