
Properties Value
Frequency Range 950-2150MHz
Signal Level -65 ~ -25dBm
Impedance 75Ohm
Symbol Rate 1Msps~60Msps

DVB-S: QPSK
DVB-S2: 8PSK, 16APSK, 32APSK

22KHz Tone Supported
DiSEqC1.0 Supported
USALS Supported
Switching Power Input AC110-240V 50Hz/60Hz
Switching Power Output 12V DC 2000mA
Connector F-Type
USB Port Supported
Operation temperature -10°C~+50°C
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Sat-Messgerät smartmeter ES1 
Satellite Measurement Meter ES1   
 
Support DVB-S, DVB-S2; Spectrum Function; 0/22KHz,DISEqC1.0,USALS 
Support Unicable LNB; High Power LED; BUZZER 
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