JURBA DL Kanlux

[ Hermetic wall & ceiling light fitting / Deckenleuchte hermetisch
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» casing: steel sheet /lampshade: polycarbonate (PC)

»  Gehduse: Stahlblech / Abdeckung: Polycarbonat (PC) (mﬁ”‘ﬁ@ m“’i “*u ”M‘;
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JURBA DL-2180 08980 matt chrome / mattchrom 174
JURBA DL-218L 08981 matt chrome / mattchrom 1650
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_ Hermetic wall & ceiling light fitting / Deckenleuchte hermetisch
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ECLERO DL-2130

» casing:aluminum / lampshade: polycarbonate (PC)

»  Gehduse: Aluminium / Abdeckung: Polycarbonat (PC)

Kanlux ’

ECLERO DL-2130 19780 grey /grau
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