
SKU# 22050
UPC# 847974006054

230V INT
SKU# 22051
UPC# 847974006207

Battery:

Cell chemistry Li-ion NMC

Cell type 18650 by LG chem

Pack capacity 94.7Wh (14.8V, 6400mAh)

Single Cell Equivalent Capacity 25600mAh @ 3.7V

Lifecycles Hundreds of cycles

Shelf-life Keep plugged in, or charge every 3-6 
months

Management system Charging and low-battery protection 
built-in

Ports:

Wireless Qi (output) 5W max

USB A ports (output) 5V, up to 2.4A (12W max), regulated

USB-C PD ports (input/output) 5V,9V,12V,15V,20V up to 3A (60W 
max), regulated

AC inverter US (output) 110V, up to 0.9A (100W max), 60Hz, 
modified sine wave

AC inverter Int (output) 220V, up to 0.45A (100W max), 50Hz, 
modified sine wave

Solar charging port (input, 8mm 
diameter)

14-22V (50W max)

General:

Weight 2.0 lbs (898 g)

Dimensions 7.5 x 1.0 x 5.68 in (19.0 x 2.54 x 14.4 
cm)

Certs  

Warranty 12 months

7-14 HRS
FULL SUN  

WALL OUTLET

LAPTOP
2 RECHARGES

TABLET 
3 RECHARGES

PHONE                        
10 RECHARGES

WHAT IT POWERS:CHARGE TIMES:

25,600
mAh

NOMAD 28 PLUS

3-9 HRS
TYPE A OR USB-C


