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Ta: -20...+50°C
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Nr. 14,19,22
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230V           12V
Transfo
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Transfo

Safety Instructions Art.-Nr.:

977.15
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Paulmann Licht GmbH 
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www.paulmann.com
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Safety Instructions 

Nr. 12

Safety Instructions 

Nr. 13,15,16

Safety Instructions 

Nr. 21
Safety Instructions 

Nr. 23

Safety Instructions 

Nr. 28a/b
Safety Instructions 

Nr. 28a
min.30cm min.20cm

max.2m

min.30cm min.20cm
max.2m

min.0.75mm²×6
or 1.5mm²×4

189X48X40mm
Profi 150VA

Profi 150VA

MAX.6.5A

NYM 3×2.5mm² 

PDG 08/09

1, 2, 3, 4, 5, 6, 7,
9, 11, 12, 13, 14,15, 
16,17,18,19,21,22,
 23,25,28,30,31,34,  

L
N

8mm
15mm


