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HDMI(M)
DUST COVER HDMI(M) (BLACK COLOR) DUST COVER
(BLACK COLOR)
PACKING:1.CH00XX1PCS/PE BAG+LABEL,10PCS/BIA BAG.
NOTE:
1. CABLE: 32AWG,UL20276,AL—FOIL,(#32*1P+AL)*5PCS+ #32*4C+D+AL,
BLACK COLOR,0D=X£0.2mm,PVC JACKET.
2. LENGTH: 0.2M.
3. CONNECTORS: HDMI(M)*2PCS(BLACK INSULATOR)(Gold plate shell).
4. MOLD: MOLDING TYPE.
5. CONTACTS:
HOMI(M)| 1 3|4 6|7 9 [10 12|14 19| 13 15 16 18 | 64 |
HOMI(M) [ 1 3 |4 6‘7 9 ‘10 12‘14 19‘ 13 15 16 18 ‘ 64 ‘
PAR | PAR PAR PAIR PAIR _V—I4C SHELL
6. Test machine test condition.
A.100% OPEN,SHORT&INTERMITANCE TEST.
B.CONDUCTOR RESISTANCE: 3ohms MAX:
C.INSULATION RESISTANCE:5M Min/,10ms:
7. ALL MUST BE MEET ON ROHS+REACH COMPLIANT. Lable(48"150mm R=2mm)
COMPANY 2D ITEM _NO. CHO076 NO|B6642|Part Name | HDMI2.OREV —HDMI 32AWG |
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