
3:1 Heat shrinking adhesive lined tube pack
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Material: Polyethylene(PE)

Shrinking ratio: 3:1

Operating Temperature: -45 ~110°C

Minimum shrink temperature: 90°C

Full recovery temperature: 125°C

Conrad Electronic SE, Klaus-Conrad Str. 1, D-92240 Hirschau

Item no.:T1902CA020-043
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