Cable Protection Systems

Conduit System Accessories

HelaGuard Accessories
¢ AWS Chloroprene Sealing Washers

Features and Benefits

« Protects against water and dust
» For PG and metric threads

- Resistant to oil

- 80 Shore A compression strength

HelaGuard AWS Chloroprene Sealing Washers.

L —>|T|<— MATERIAL Chloroprene (CR)

Operating Temperature | -40 °C to +135 °C

ID HF RoHS

HelaGuard sealing washer

Thread Outside Inside Thickness Pack
TYPE Size o (OD) o (ID) (1) Cont. Colour Article-No.
AWS-M12 M12 20 1.5 1.5 100 pcs. Black (BK) 166-50500
AWS-M16 M16 24 15.5 1.5 100 pcs. Black (BK) 166-50501
AWS-M20 M20 28 19.5 1.5 50 pcs. Black (BK) 166-50502
AWS-M25 M25 34 24.5 1.5 10 pcs. Black (BK) 166-50503
AWS-M32 M32 42 31.5 1.5 10 pcs. Black (BK) 166-50504
AWS-M40 M40 50 39.5 1.5 10 pcs. Black (BK) 166-50505
AWS-M50 M50 60 49.5 1.5 10 pcs. Black (BK) 166-50506
AWS-M63 M63 73 62.5 1.5 10 pcs. Black (BK) 166-50507
AWS-PG7 PG7 20 11.5 1.5 100 pcs. Black (BK) 166-50508
AWS-PG9 PG9 24 14.7 1.5 100 pcs. Black (BK) 166-50509
AWS-PG11 PG11 25 18.1 1.5 100 pcs. Black (BK) 166-50510
AWS-PG13 PG13.5 28 19.5 1.5 100 pcs. Black (BK) 166-50511
AWS-PG16 PG16 29 22.0 1.5 50 pcs. Black (BK) 166-50512
AWS-PG21 PG21 35 27.8 1.5 10 pcs. Black (BK) 166-50513
AWS-PG29 PG29 44 36.5 1.5 10 pcs. Black (BK) 166-50514
AWS-PG36 PG36 54 46.5 1.5 10 pcs. Black (BK) 166-50515
AWS-PG42 PG42 61 53.5 1.5 10 pcs. Black (BK) 166-50516
AWS-PG48 PG48 70 58.8 1.5 10 pcs. Black (BK) 166-50517

All dimensions in mm. Subject to technical changes.
Minimum Order Quantity (MOQ) may differ from package content.
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