
Insulator material: Vinyl
Terminal material: Copper
Working Temperature: 75°C max. 
Rating

 

 

 voltage: 600 V/AC max.
Rating current: 
Red - 9 Amp. max.
Blue - 15 Amp. max.
Yellow - 20 Amp. max. 

Insulated Crimp Bullet Disconnector Set
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 Type ColorWire range

T1904C048 0.5-1.5 mm²M Red

T1904C049

22-16 AWG

Contents

YellowT1904C120

1.5-2.5 mm²

4.0-6.0 mm²

16-14 AWG

12-10 AWG

Blue

25pcs

25pcs

15pcs

L L1 L2

20.5 8.5 10

Dimension(mm)

M 21.5 8.5 11

M 26.0 9.0 13

T1904C050 0.5-1.5 mm²F Red

T1904C051

22-16 AWG

YellowT1904C121

1.5-2.5 mm²

4.0-6.0 mm²

16-14 AWG

12-10 AWG

Blue

25pcs

25pcs

15pcs

22.0 7.0 10

F 23.0 7.0 11

F 24.0 7.3 13

2109216 / 2109209 / 2109213 / 2109154 / 2109159 / 2109176
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