
 Datasheet
BNC Test Leads
Item no: 2181315
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Technical data

Model................................................................................... BNC-CP03
Type..................................................................................... BNC test lead
Color .................................................................................... Black / Red
Cable length ........................................................................ 0.5 m
Connection A....................................................................... BNC connector
Port B................................................................................... Socket 4 mm
Impedance........................................................................... 50 Ω
Measurement category........................................................ CAT I
Nominal voltage (max.)........................................................ 30 V
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