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UNO ITEM NO. UNIT mm
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PRODUCT NAME
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REVISION RECORD MODIFICATIONSBY CHK DATE REV.
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19" Wall-Mounting Cabinet,

600*450 mm
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H (mm)

7U, 600*450 mm, Grey, RAL7035

DescriptionUNO ITEM NO.

526407,E

ITEM NO.

2205107

2205108

H1 (mm)

413 100

9U, 600*450 mm, Grey, RAL7035526409,E 502 240

2205109 12U, 600*450 mm, Grey, RAL7035526412,E 634 380

2205109 16U, 600*450 mm, Grey, RAL7035526416,E 813 380

NOTE:

▪ANSI/EIA RS-310-D
▪IEC60297-2
▪DIN41494 PART 1 & PART 7
▪Operating Temperature:-40 ~+80℃
▪Storage Temperature:-40 ~+85℃
▪RoHS 2.0 and REACH Compliant
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19" Wall-Mounting
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H (mm)

7U, 600*450 mm, Grey, RAL7035

DescriptionUNO ITEM NO.

526407,E

ITEM NO.

2205107

2205108

H1 (mm)

413 100

9U, 600*450 mm, Grey, RAL7035526409,E 502 240

2205109 12U, 600*450 mm, Grey, RAL7035526412,E 634 380

2205110 16U, 600*450 mm, Grey, RAL7035526416,E 813 380

Packing:1PCS/PE BAG+Cardboard Box
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Accessory:

1. M6 copper plated nut (Contain nut, flat washer,

spring washer) * 2 sets;

2. Screw and Nut M6*12mm (Hexagonal flower) * 10 sets;

3. Spanner (Hexagonal flower) * 1 pcs;
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