
EN 61340-5-1

Application:

ESD  Ground cords shall be used to make electrical

connections between groundable points and the

ESD Grounding facility

Specifications:

Cable Style: Spiral Cable

Wire Type: Single Wired

Insulation: Polyurethane (Non-Conductive)

Use Type: Reusable 

All the cables can withstand 1250 volts DC for at least one minute
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