
EN 61340-5-1

Specifications:

Cable Style: Spiral cable

Color: Black

Use Type: Reusable

All the Cables are Single Wired

Covered with Non-Conductive PU Insulation

All the cables can withstand 1250 volts DC for at least All the cables can withstand 1250 volts DC for at least 

one minute

Features:
Grounding Cables with Stud and M4 Ring Terminals

Item No

1903EC021
1903EC022
1903EC023
1903EC024

Cable Length (mm)

1800
3600
1800
3600

Stud Size(mm)

4
4
10
10

ESD Grounding Cords 


