
EN 61340-5-1

Specifications:

Cable Style: Straight cable

Color: Black

Insulation: Polyurethane (Non-Conductive)

Use Type: Reusable

can withstand 1250 volts DC for at

least one minute

Item No

1903EC029

1903EC030

1903EC031

1903EC032

Cable Length(mm)

1800

3600

1800

3600

Connect to Mat Termination Type

4mm / 10mm Stud with 

2 Banana sockets

M4 Ring Terminal

Banana plug with Crocodile clip

ESD grounding point cord coil for mat


