
Conrad Electronic SE, Klaus-Conrad-Str. 1, D-92240 Hirschau 

Item no
.
: 

Data Sheet 

Continuous Rating 300Amp s 32VOC Max. 

Intermittent Raling, 450 Amps 
Cranki ng Rating 1000 Amps 30 seconds 
Contact Resistance 50m ohm Max 
Insulation Resislanoe DC 500V 100M ohm Min 

Dielectric Strength AC 1 00OV 1 minute, DC 2000V 1 minute 
Operation Temperature ,30"c-+60"C 

Switch Function 2 P SP ST O : -ON 
Actuator can be taken out 

Mounting Hole 

Note
: 
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Circuit Diagram 

OFF ON 
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'MA.TERIAL: 
Housing: Black, PBH16%GF 

with WMe hot S4.amping 
Actuafoor. Red. PBT .. 15%GF 

Name Plate: White, ABS 
with Slack !'IOI stamping 

Bouom: Black, PBT+15'j!,GF 

Nut Steer 
Boll: Copper 
Hex Nut: NI-plated, 8ra$S 

"lnl}f!!ss Protection: IP56 for panol seal 

1 NUT ASSY 

1.Tolerance is ±:0.5mm(0.02") 1, m le-ss otherwise noted. 
2. Actuator could be taken oul at identified position. 
3. Actuator must be pushed down v.hen it turned from 
out position to off position. 
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