Conrad Electronic SE, Klaus-Conrad-Str. 1, D-92240 Hirschau ﬂ
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‘Continuous Rating

300 Amps S50VDC Max.

Mounting Hole

Intermittent Rating 500 Amps

Cranking Ratiig (1000 Amps 20 sec.
Contact Resistance 50m ohm Max.

Insulation Resistance  |DC 1000 100M ohm Mir,

DC 2000V 1 minute

e57.6

Dielectric Strength & VT
Operation Temperature |-20°C~80°C

|Switch Function ON/OFFISEPARATE
Actuation Force T T

Ingress Protection : IP68
(1.8M/30minutes)
Only for operating surface

~ Actuator out

251

Material:

Actuator color @ PCVABS /1%

Housing, Cover are PBT(UL flame:94V-0)

Contact, Screw are copper alloy.

Mut are nickel plated brass.
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1.Tolerance is +0.5mm({0.02") unless otherwise notad.
2.Actuator could be taken out at idenfified position.
3ACTUATOR OUT=>0FF needs under the strength to

press revolving.
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