
SPECIFICATION DESCRIPTION

Build Size 740 x 490 x 150 mm

Print Speed Max. 300mm/s

Print Head Direct type Two Nozzle

Auto Color  Change 8 Spool (Color) Auto Change

Filament Material
TPU, PLA, ASA, ABS, Flexible, etc.

It Fits Every Individual Industrial Demand
Sindoh 3D Printer for ALL

3DWOX 30X

Filament Material
TPU, PLA, ASA, ABS, Flexible, etc.

Filament/Storage Cartridge: 1.5kg

BED / Leveling
Flexible Bed

Full Auto Leveling / Active Leveling

GUI 10.1" Full Color Touch Screen

Printer Size (W x D x H)
1,200x 1,050x1,120(mm), Printer Only 

1,200x 1,050x1,520(mm), including Table 

Additional Features
Play Back, Noise Reduction

Web Monitoring, Table

MEMO


