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Technical details
Iltem-No. 404042 N
Item Group: LED/Outdoor-Wegeleuchten/Strom f
Describtion tint LED Light Ball Calluna, 35 cm, white+color
Technology
Product data Width [mm] 350  Weight [g] 1362.00
Length [mm] 350  Height [mm] 350

: Power max. [W] 0.00 Electric power factor [>] 0.00
\E:)ﬁ:;;ﬁz:n?nztla[\/] 220-240 Power type AC Weighted power consum. [kWh/1000h] 0
Voltage measured [V] 230 Current nominal [mA] 0
Lighting data Rated light efficiency nominal [Im/W] 0
Environmental data
Information
Luminaire data Cable specification 2x1?>  Protection class I
List of components E27 socket gag:e lslee\t/: Rubber b;gg:;
Cable ending CEE 7/17 unearthed plug able length [mm]
Packing
Colorbox Qty. of cont. products 1 CE yes
Weight [g] 470.10 Barcode1 4018412672889 WEEE yes
pcs. 1 Code type 1 EAN/UCC-13
Blister Weight [g] 0.00
Inner box Weight [g] 0.00
Tray Weight [g] 0.00
Shrink Weight [g] 0.00
Transport carton Barcode1 4018412672896  Code type 2 EAN128
Weight [g] 450.00 Code type 1 EAN/UCC-13  WEEE yes
pes. 2  Barcode2 0194018412672899300002
Manual
Notice

List of components

Spectrum

Lightball with 3m rubber ca-

ble

tint bulb E27 white+color

4x spikes
User manual




