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WWW.CHBYRON.EU Frequency band: 433.92MHz (433.050 - 434.790 MHz)

Or contact us dil’eCﬂyi Maximum radio-frequency power: +5.92dB
Maximum wattage: 3680W

UK: +44(0) 345 230 1231
| www.chbyroneu  ['5577357938427589
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smartwares BE 076 49700400 Lottt B Range: 150 meters
urope BE: 078481540(FR) Tariflocal 3
Jules Verneweg 87 |pe-sas oo o0 ScUmin = Wireless Doorbell DBY-22313 Push button - DBY-23510
5015 BH Tilburg 14Ct./Min. dt. Festnetz, s Power: 220-240V - 50 Hz Power supply: 1 x CR2032 3V
The Netherlands Mobil max. 42Ct./Min E Indoor Use Only IP44 Weather Resistant
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