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50UP76703LB
50UP76706LB
50UP76709LB
50UP77003LB
50UP77006LB
50UP77009LB
50UP77026LB
50UP77506LA

1121 713 231 651 57.1 11.9 11.7

55UP76703LB
55UP76706LB
55UP76709LB
55UP77003LB
55UP77006LB
55UP77009LB
55UP77026LB
55UP77506LA

1235 776 231 715 57.5 14.2 14.0

60UP77006LB
60UP77506LA 1356 852 269 783 57.5 17.4 17.1

65UP76703LB
65UP76706LB
65UP76709LB
65UP77003LB
65UP77006LB
65UP77009LB
65UP77026LB
65UP77506LA

1454 906 269 838 57.7 21.8 21.5

Power requirement AC 100-240 V ~ 50 / 60 Hz
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