
• Recognises speed signs up to 160km/h
• Front collision warning
• Lane departure warning
• Loop video recording
• G-Sensor for �le protection
• Big 4” LCD screen
• Media playback
• Sound captures with microphone
• Voice output in di�erent languages

Technical speci�cations:
• Working modes: DVR / Picture / Playback
• Display size / resolution: 10cm (4") / 800 x 480px
• Video resolution: 1920 x 1080px (FHD) / 30fps
• Picture resolution: Max. 2992 x 1696px (5MP)
• Video/Picture saving format: .TS / .JPG
• Power supply: DC12V (cigarette lighter socket)
• Working voltage: DC5V
• Supported MicroSD-card: 8-128GB; class10
• Lens angle: 110° horizontal, 60° vertical, 130° wide 

angle
• Working temperature: -10°C – 60°C
• Power cord length: 3.5m
• Languages: EN, FR, DE, ES, IT, PL, CZ, NL
• Product size / weight:   

11.6 (L) x 6.4 (W) x 3.4cm (H) / 150g

Package Contents:
TX-167 Dashcam, window suction cup, 12V power cable, 
user manual

Speed sign recognitionLane departure warning Front collision warning    

Full HD Video resolution Wide angle 4" Screen G-SensorLoop video recording   MicroSD slot FHD 4"
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