1734355-1 SUPERSEDED

TE Internal #: 1734355-1
TE Internal Description: HD20,15P,318 RA,RCPT,AU FLSH

View on TE.com >

Product Compliance

For compliance documentation, visit the product page on TE.com>

EU RoHS Directive 2011/65/EU
EU ELV Directive 2000/53/EC
China RoHS 2 Directive MIIT Order No 32, 2016

EU REACH Regulation (EC) No. 1907/2006

Compliant with Exemptions
Compliant with Exemptions
Restricted Materials Above Threshold

Current ECHA Candidate List: JAN 2021

(211)

Candidate List Declared Against: JUL 2017
(174)

SVHC > Threshold:

Not Yet Reviewed

Halogen Content Not Low Halogen - contains Br or Cl > 900
ppm.

Solder Process Capability Wave solder capable to 265°C

Product Compliance Disclaimer

This information is provided based on reasonable inquiry of our suppliers and represents our current actual knowledge
based on the information they provided. This information is subject to change. The part numbers that TE has identified as
EU RoHS compliant have a maximum concentration of 0.1% by weight in homogenous materials for lead, hexavalent
chromium, mercury, PBB, PBDE, DBP, BBP, DEHP, DIBP, and 0.01% for cadmium, or qualify for an exemption to these
limits as defined in the Annexes of Directive 2011/65/EU (RoHS2). Finished electrical and electronic equipment products
will be CE marked as required by Directive 2011/65/EU. Components may not be CE marked. Additionally, the part
numbers that TE has identified as EU ELV compliant have a maximum concentration of 0.1% by weight in homogenous
materials for lead, hexavalent chromium, and mercury, and 0.01% for cadmium, or qualify for an exemption to these limits
as defined in the Annexes of Directive 2000/53/EC (ELV). Regarding the REACH Regulation, the information TE provides
on SVHC in articles for this part number is based on the latest European Chemicals Agency (ECHA) ‘Guidance on

requirements for substances in articles’ posted at this URL: https://echa.europa.eu/guidance-documents/guidance-on-
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TE Part #1123677-1 TE Part #1-2271457-8 TE Part #900412-2 TE Part #1473226-1
Z-STACK TYPE F16 ASSY 130P DYNAMIC 3950 ASSY PC I/O RETENTION LEG ASSY 80P SOCKET WITH RING MINI U-M-N-L
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TE Part #2-1586038-2 TE Part #1318699-5 TE Part #2013874-1 TE Part #2229093-1
22P VRT HDR VAL-U-LOK VO MR HDR ASSY 24P COATING ME CONN (M) DUMMY PLUG ASSY MOD JACK ASSEMBLY V-TYPE H=21.

7mm

TE Part #1-5316316-0
.6FHPO8H,140,S,GIG,08/Sn,HT,SEYes

Documents

Product Drawings
HD20,15P,318 RA,RCPT,AU FLSH

English

CAD Files
3D PDF

3D

Customer View Model
ENG_CVM_CVM_1734355-1_C.2d_dxf.zip

English

Customer View Model
ENG_CVM_CVM_1734355-1_C.3d_igs.zip

English

Customer View Model
ENG_CVM_CVM_1734355-1_C.3d_stp.zip

English

By downloading the CAD file | accept and agree to the Terms and Conditions of use.

Datasheets & Catalog Pages
AMPLIMITE Subminiature D Connectors - Right-Angle Posted Connectors

English

Product Environmental Compliance
TE Material Declaration

English
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https://www.te.com/usa-en/policies-agreements/terms-of-use-te-com.html
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Catalog+Section%7F82068_AMPLIMITE_Right-Angle_Posted_Conn%7F0412%7Fpdf%7FEnglish%7FENG_CS_82068_AMPLIMITE_Right-Angle_Posted_Conn_0412.pdf%7F1734355-1
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