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AMPLIMITE HDP-20, D-Sub Locking & Mounting, Latching Block

View on TE.com >

Connectors > D-Shaped Connectors > D-Sub Accessories > Locking & Mounting

D-Shaped Connector Accessories: Latching Block

Features

Product Type Features

Product Type Accessory
Latch Type Latching Block With Threaded Hole
D-Shaped Connector Accessories Latching Block
Body Features
Latch Material Zinc

Mechanical Attachment

Screw Plating Material Zinc
Screw Material Steel
Panel Attachment Style Front Mount
Screw & Hole Thread Size M3 x 0.5-6H

Packaging Features

Packaging Quantity 2

Packaging Method Kit

Product Compliance

For compliance documentation, visit the product page on TE.com>

EU RoHS Directive 2011/65/EU Compliant

EU ELV Directive 2000/53/EC Compliant
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https://www.te.com/usa-en/product-208101-1.html
https://www.te.com/usa-en/plp/Zn6k.html
https://www.te.com/usa-en/product-208101-1.html
https://www.te.com/usa-en/plp/XB0w9m.html

208101-1

AMPLIMITE HDP-20, D-Sub Locking & Mounting, Latching Block

China RoHS 2 Directive MIIT Order No 32, 2016

EU REACH Regulation (EC) No. 1907/2006

Halogen Content

Solder Process Capability

Product Compliance Disclaimer

No Restricted Materials Above Threshold

Current ECHA Candidate List: JAN 2021
(211)

Candidate List Declared Against: JAN 2021
(211)

Does not contain REACH SVHC

Low Halogen - Br, Cl, F, | < 900 ppm per
homogenous material. Also BFR/CFR/PVC
Free

Not applicable for solder process capability

This information is provided based on reasonable inquiry of our suppliers and represents our current actual knowledge

based on the information they provided. This information is subject to change. The part numbers that TE has identified as

EU RoHS compliant have a maximum concentration of 0.1% by weight in homogenous materials for lead, hexavalent
chromium, mercury, PBB, PBDE, DBP, BBP, DEHP, DIBP, and 0.01% for cadmium, or qualify for an exemption to these
limits as defined in the Annexes of Directive 2011/65/EU (RoHS2). Finished electrical and electronic equipment products
will be CE marked as required by Directive 2011/65/EU. Components may not be CE marked. Additionally, the part

numbers that TE has identified as EU ELV compliant have a maximum concentration of 0.1% by weight in homogenous

materials for lead, hexavalent chromium, and mercury, and 0.01% for cadmium, or qualify for an exemption to these limits
as defined in the Annexes of Directive 2000/53/EC (ELV). Regarding the REACH Regulation, the information TE provides
on SVHC in articles for this part number is based on the latest European Chemicals Agency (ECHA) ‘Guidance on

requirements for substances in articles’ posted at this URL: https://echa.europa.eu/guidance-documents/guidance-on-

reach

Compatible Parts
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TE Part # 745255-2
SPRING LATCH 2/BAG

Also in the Series  AMPLIMITE HDP-20
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D-Sub Locking & Mounting(9) PCB D-Sub Connectors(13)

Customers Also Bought
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https://www.te.com/usa-en/plp/pcb-d-sub-connectors-amplimite-hdp-20/Y30jrXB0w9m.html
https://www.te.com/usa-en/plp/d-sub-locking-mounting-amplimite-hdp-20/Y30JmXB0w9m.html
https://www.te.com/usa-en/product-745255-2.html
https://www.te.com/usa-en/plp/XB0w9m.html
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TE Part #1-1469373-1 TE Part #927843-2 TE Part #2-1445093-5 TE Part #1-216093-4
ATCA GUIDE MODULE RA FEMALE 140 SOCKET MICRO MNL HDR ASSY S/ROW AU LF AMP-LATCH PRE-ASSY DIL WITHO

/. st o

TE Part #1-928776-4 TE Part #150699-1 TE Part #1355044-1 TE Part #2-1761606-5
MOD2 STIFT M A-PIN 187 FASTON,FLAG,REC.,20-16 AWG, TIMER, CONNECTOR HOUSING IDC LOW PRO HDR 14P VERT LG LA
BR

Lhbbk

TE Part #154718-7 TE Part #1445048-4
PL 250 REC TERMINAL 18-14 AWG PANEL MT SNGL ROW HSG 4 POS
PTPPB

Documents

Product Drawings
LATCH BLOCK (SZ 1-4)

English

CAD Files
3D PDF

3D

Customer View Model
ENG_CVM_CVM_208101-1_N.2d_dxf.zip

English

Customer View Model
ENG_CVM_CVM_208101-1_N.3d_igs.zip

English

Customer View Model
ENG_CVM_CVM_208101-1_N.3d_stp.zip

English

By downloading the CAD file | accept and agree to the Terms and Conditions of use.

Datasheets & Catalog Pages
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https://www.te.com/usa-en/product-1445048-4.html
https://www.te.com/usa-en/product-154718-7.html
https://www.te.com/usa-en/product-2-1761606-5.html
https://www.te.com/usa-en/product-1355044-1.html
https://www.te.com/usa-en/product-150699-1.html
https://www.te.com/usa-en/product-1-928776-4.html
https://www.te.com/usa-en/product-1-216093-4.html
https://www.te.com/usa-en/product-2-1445093-5.html
https://www.te.com/usa-en/product-927843-2.html
https://www.te.com/usa-en/product-1-1469373-1.html
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Customer+Drawing%7F208101%7FH1%7Fpdf%7FEnglish%7FENG_CD_208101_H1.pdf%7F208101-1
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Customer+View+Model%7FCVM_208101-1%7FN%7Fpdf%7F3D%7F3D_CVM_CVM_208101-1_N.pdf%7F208101-1
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Customer+View+Model%7FCVM_208101-1%7FN%7F2d_dxf.zip%7FEnglish%7FENG_CVM_CVM_208101-1_N.2d_dxf.zip%7F208101-1
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Customer+View+Model%7FCVM_208101-1%7FN%7F3d_igs.zip%7FEnglish%7FENG_CVM_CVM_208101-1_N.3d_igs.zip%7F208101-1
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Customer+View+Model%7FCVM_208101-1%7FN%7F3d_stp.zip%7FEnglish%7FENG_CVM_CVM_208101-1_N.3d_stp.zip%7F208101-1
https://www.te.com/usa-en/policies-agreements/terms-of-use-te-com.html
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Catalog+Section%7F82068_AMPLIMITE_Cable_Connectors%7F0412%7Fpdf%7FEnglish%7FENG_CS_82068_AMPLIMITE_Cable_Connectors_0412.pdf%7F208101-1

208101-1

.
= IE
AMPLIMITE HDP-20, D-Sub Locking & Mounting, Latching Block -

connectivity

AMPLIMITE Subminiature D Connectors - Cable Connectors
English
AMPLIMITE Cable Connectors and Shielding Hardware Kits QRG

English

Product Specifications
Application Specification

English

Product Environmental Compliance
TE Material Declaration

English

Instruction Sheets
Instruction Sheet (U.S.)

English

Agency Approvals
Agency Approval Document

English
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https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Catalog+Section%7F82068_AMPLIMITE_Cable_Connectors%7F0412%7Fpdf%7FEnglish%7FENG_CS_82068_AMPLIMITE_Cable_Connectors_0412.pdf%7F208101-1
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Data+Sheet%7F1-1773963-5_AMPLIMITE_Cable_Conn_QRG%7F1018%7Fpdf%7FEnglish%7FENG_DS_1-1773963-5_AMPLIMITE_Cable_Conn_QRG_1018.pdf%7F208101-1
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Specification+Or+Standard%7F114-40030%7FD%7Fpdf%7FEnglish%7FENG_SS_114-40030_D.pdf%7F208101-1
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Product+Compliance%7FMD_208101-1%7FA%7Fpdf%7FEnglish%7FENG_PC_MD_208101-1_A.pdf%7F208101-1
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Specification+Or+Standard%7F408-9128%7FA%7Fpdf%7FEnglish%7FENG_SS_408-9128_A.pdf%7F208101-1
https://www.te.com/commerce/DocumentDelivery/DDEController?Action=showdoc&DocId=Agency+Approval+Document%7FUL_E28476_19870526%7FA%7Fpdf%7FEnglish%7FENG_AAD_UL_E28476_19870526_A.pdf%7F208101-1

