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DIMENSION UNITS SCALE

MM
DRWN BY DATE

JWIENER 2011/04/04
CHK'D BY DATE

APRAKASH01 2017/01/12
APPR BY DATE

JWIENER 2011/04/04

DOCUMENT NUMBER DOC TYPE DOC PART

SD-73174-004 PSD 000

DRAWING SIZE THIRD ANGLE PROJECTION

C

DIN 41626/1.0_2.3 JACK
R/A, PCB, 50 OHM, EWR-10019, 1.0/2.3-J/RA
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GENERAL TOLERANCES
(UNLESS SPECIFIED)

MM INCH

4 PLACES ± ±

3 PLACES ± ± 0.01

2 PLACES ± 0.25 ±

1 PLACES ± ±

0 PLACES ± ±

ANGULAR TOL ± 2.0

DRAFT WHERE APPLICABLE
MUST REMAIN

WITHIN DIMENSIONS

FORMAT: IN-master-tb-prod-C
REVISION: B
DATE: 2016/02/02
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MATERIALS AND FINISHES:

BODY: BRASS
PLATED: GOLD (5µ-in MIN)
OVER NICKEL (50µ-in MIN)

REAR BODY: BRASS
PLATED: GOLD (10µ-in MIN)
OVER NICKEL (100µ-in MIN)

CONTACT: BERYLLIUM COPPER
PLATED: GOLD (10µ-in MIN)
OVER NICKEL (100µ-in MIN)

INSULATORS: PTFE

CAP: BRASS
PLATED: GOLD (20µ-in MIN)
OVER NICKEL (50µ-in MIN)

RETAINING CLIP: BERYLLIUM COPPER
PLATED: NICKEL (100µ-in MIN)

PS-89675-3450 ELEC/MECH PERFORMANCE
DIN 41626 INTERFACE SPECIFICATION

SPECIFICATION DESCRIPTION

73174-0042 ONE PER BAG
73174-0040 TRAY
PART NO. PACKAGING

REF17.87
.704

REF2.35
.092

REF3.35
.132

REF3.44
.135

REF

2 PLS

5.08
.200

REF

2 PLS

2.54
.100

REF

2 PLS

5.08
.200

REF

2 PLS

2.54
.100

◻

4 PLACES

0.64 ±0.08
.025 ±.003

2 PLACES

5.08 ±0.08
.200 ±.003

REF5.97
.235

2 PLACES

5.08 ±0.08
.200 ±.003

REF9.84
.387

RECOMMENDED HOLE LAYOUT

DIN 41626 JACK
INTERFACE

REF

5 PLS

1.10
.043

⌀

0.76 ±0.05
.030 ±.002

⌀

REF9.55
.376

REF1.30
.051

REF5.85
.230

REF4.78
.188

⌀


