
GENERAL TOLERANCES
(UNLESS SPECIFIED)

MM INCH

4 PLACES ± ±

3 PLACES ± ± 0.005

2 PLACES ± 0.13 ± 0.01

1 PLACES ± 0.25 ±

0 PLACES ± ±

ANGULAR TOL ± 2.0
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DOCUMENT NUMBER DOC TYPE DOC PART

SD-73300-015 PSD 001

DRAWING SIZE THIRD ANGLE PROJECTION

C

SMPM JACK STRAIGHT
FOR  047 CABLES SMPM-JC, EWR-10832-B
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AS-89675-5100 APPLICATION SPECIFICATION

PS-89675-3730 PRODUCT SPECIFICATION

MIL-STD-348, FIG. 328.1 INTERFACE

SPECIFICATION DESCRIPTION

73300-0150 TRAY

PART NO PACKAGING

MATERIALS AND FINISHES

BODY, CONTACT, REAR BODY: BERYLLIUM COPPER
PLATED: GOLD (50µ-in MIN) OVER NICKEL (50µ-in MIN)

INSULATOR: PTFE

VSWR: 1.10 MAX < 26.5 GHz
             1.20 MAX 26.5 - 40.0 GHz
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