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NOTES:
1. RECOMMENDED DISTANCE FROM THE PCB'S EDGE
2. PLATING SEE SHEET 1
PART NUMBERS FOR TRUE SMT JACK WITH SOLDER TABS
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P.C.B. MOUNTING PATTERNS (SOLDER TABS VERSION)
VIEW FROM COMPONENT SIDE (SCALE 4:1)
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