
HELU-S-RK-90-CU-UL Copper tubular cable lug - 90° angled
 

 

Technical dataMaterial
Socket: Copper according to DIN EN 13600

Tubular cable lug angled
HELU-S-RK-90-CU-UL Temperature range: up to +120°C

 Surface: tin plated
 

Non-insulated tubular cable lugs in eye type
design, 90° angled.  

Note
Compression instruction and instruction for
assembly see chapter "Technical information".

 
Dimensions

Diameter of boringa
Inner diameter of the cable insertiond
Flange widthb

 

eye type
Net EUR/100 items at a purchase ofUnitWeight

kg / 1000
items

b
mm

d
mm

a
mm

Cross-section
mm²

TypePart no.
90° 501 - 1000101 - 500up to 100

o. r.o. r.o. r.1005,611,03,55,36,0HELU-S-RK-90-CU-UL 6-5907508
o. r.o. r.o. r.1006,211,03,56,46,0HELU-S-RK-90-CU-UL 6-6907509
o. r.o. r.o. r.1006,415,03,58,46,0HELU-S-RK-90-CU-UL 6-8907510
o. r.o. r.o. r.1006,818,03,510,56,0HELU-S-RK-90-CU-UL 6-10907511
o. r.o. r.o. r.1006,620,03,513,06,0HELU-S-RK-90-CU-UL 6-12907512
o. r.o. r.o. r.1005,412,04,55,310,0HELU-S-RK-90-CU-UL 10-5907513
o. r.o. r.o. r.1005,912,04,56,410,0HELU-S-RK-90-CU-UL 10-6907514
o. r.o. r.o. r.1006,715,04,58,410,0HELU-S-RK-90-CU-UL 10-8907515
o. r.o. r.o. r.1007,018,04,510,510,0HELU-S-RK-90-CU-UL 10-10907516
o. r.o. r.o. r.1007,020,04,513,010,0HELU-S-RK-90-CU-UL 10-12907517
o. r.o. r.o. r.10010,712,05,55,316,0HELU-S-RK-90-CU-UL 16-5907518
o. r.o. r.o. r.10011,512,05,56,416,0HELU-S-RK-90-CU-UL 16-6907519
o. r.o. r.o. r.10012,015,05,58,416,0HELU-S-RK-90-CU-UL 16-8907520
o. r.o. r.o. r.10012,318,05,510,516,0HELU-S-RK-90-CU-UL 16-10907521
o. r.o. r.o. r.10012,320,05,513,016,0HELU-S-RK-90-CU-UL 16-12907522
o. r.o. r.o. r.10013,515,07,06,425,0HELU-S-RK-90-CU-UL 25-6907523
o. r.o. r.o. r.10014,316,07,08,425,0HELU-S-RK-90-CU-UL 25-8907524
o. r.o. r.o. r.10015,718,07,010,525,0HELU-S-RK-90-CU-UL 25-10907525
o. r.o. r.o. r.10015,120,07,013,025,0HELU-S-RK-90-CU-UL 25-12907526
o. r.o. r.o. r.10021,017,08,56,435,0HELU-S-RK-90-CU-UL 35-6907527
o. r.o. r.o. r.10023,117,08,58,435,0HELU-S-RK-90-CU-UL 35-8907528
o. r.o. r.o. r.10023,620,08,510,535,0HELU-S-RK-90-CU-UL 35-10907529
o. r.o. r.o. r.10023,722,08,513,035,0HELU-S-RK-90-CU-UL 35-12907530
o. r.o. r.o. r.10024,828,08,517,035,0HELU-S-RK-90-CU-UL 35-16907531
o. r.o. r.o. r.10030,020,010,06,450,0HELU-S-RK-90-CU-UL 50-6907532
o. r.o. r.o. r.10032,220,010,08,450,0HELU-S-RK-90-CU-UL 50-8907533
o. r.o. r.o. r.10033,220,010,010,550,0HELU-S-RK-90-CU-UL 50-10907534
o. r.o. r.o. r.10032,823,010,013,050,0HELU-S-RK-90-CU-UL 50-12907535
o. r.o. r.o. r.10036,327,010,017,050,0HELU-S-RK-90-CU-UL 50-16907536
o. r.o. r.o. r.10038,930,010,021,050,0HELU-S-RK-90-CU-UL 50-20907537
o. r.o. r.o. r.2544,124,012,06,470,0HELU-S-RK-90-CU-UL 70-6907538
o. r.o. r.o. r.2548,624,012,08,470,0HELU-S-RK-90-CU-UL 70-8907539
o. r.o. r.o. r.2550,624,012,010,570,0HELU-S-RK-90-CU-UL 70-10907540
o. r.o. r.o. r.2549,424,012,013,070,0HELU-S-RK-90-CU-UL 70-12907541
o. r.o. r.o. r.2551,128,012,017,070,0HELU-S-RK-90-CU-UL 70-16907542
o. r.o. r.o. r.2552,629,012,021,070,0HELU-S-RK-90-CU-UL 70-20907543

 

Continuation 
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HELU-S-RK-90-CU-UL Copper tubular cable lug - 90° angled
eye type

Net EUR/100 items at a purchase ofUnitWeight
kg / 1000
items

b
mm

d
mm

a
mm

Cross-section
mm²

TypePart no.
90° 501 - 1000101 - 500up to 100

o. r.o. r.o. r.2553,326,013,58,495,0HELU-S-RK-90-CU-UL 95-8907544
o. r.o. r.o. r.2555,926,013,510,595,0HELU-S-RK-90-CU-UL 95-10907545
o. r.o. r.o. r.2556,626,013,513,095,0HELU-S-RK-90-CU-UL 95-12907546
o. r.o. r.o. r.2560,028,013,517,095,0HELU-S-RK-90-CU-UL 95-16907547
o. r.o. r.o. r.2576,329,015,08,4120,0HELU-S-RK-90-CU-UL 120-8907548
o. r.o. r.o. r.2580,729,015,010,5120,0HELU-S-RK-90-CU-UL 120-10907549
o. r.o. r.o. r.2579,929,015,013,0120,0HELU-S-RK-90-CU-UL 120-12907550
o. r.o. r.o. r.2584,630,015,017,0120,0HELU-S-RK-90-CU-UL 120-16907551
o. r.o. r.o. r.2580,331,016,88,4150,0HELU-S-RK-90-CU-UL 150-8907552
o. r.o. r.o. r.2580,731,016,810,5150,0HELU-S-RK-90-CU-UL 150-10907553
o. r.o. r.o. r.2582,931,016,813,0150,0HELU-S-RK-90-CU-UL 150-12907554
o. r.o. r.o. r.2585,031,016,817,0150,0HELU-S-RK-90-CU-UL 150-16907555
o. r.o. r.o. r.2588,935,016,821,0150,0HELU-S-RK-90-CU-UL 150-20907556
o. r.o. r.o. r.25114,135,019,010,5185,0HELU-S-RK-90-CU-UL 185-10907557
o. r.o. r.o. r.25120,435,019,013,0185,0HELU-S-RK-90-CU-UL 185-12907558
o. r.o. r.o. r.25124,835,019,017,0185,0HELU-S-RK-90-CU-UL 185-16907559
o. r.o. r.o. r.25127,035,019,021,0185,0HELU-S-RK-90-CU-UL 185-20907560
o. r.o. r.o. r.25133,238,021,010,5240,0HELU-S-RK-90-CU-UL 240-10907561
o. r.o. r.o. r.25134,038,021,013,0240,0HELU-S-RK-90-CU-UL 240-12907562
o. r.o. r.o. r.25137,638,021,017,0240,0HELU-S-RK-90-CU-UL 240-16907563
o. r.o. r.o. r.25142,338,021,021,0240,0HELU-S-RK-90-CU-UL 240-20907564
o. r.o. r.o. r.20199,243,024,013,0300,0HELU-S-RK-90-CU-UL 300-12907565
o. r.o. r.o. r.20209,043,024,017,0300,0HELU-S-RK-90-CU-UL 300-16907566
o. r.o. r.o. r.20218,143,024,021,0300,0HELU-S-RK-90-CU-UL 300-20907567

 

o. r. = on requestDimensions and specifications may be changed without prior notice.
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