
HELU-S-RK-45-CU-UL Copper tubular cable lug - 45° angled
 

 

Technical dataMaterial
Socket: Copper according to DIN EN 13600

Tubular cable lug angled
HELU-S-RK-45-CU-UL Temperature range: up to +120°C

 Surface: tin plated
 

Non-insulated tubular cable lugs in eye type
design, 45° angled.  

Note
Compression instruction and instruction for
assembly see chapter "Technical information".

 
Dimensions

Diameter of the boringa
Inner diameter of the cable insertiond
Flange widthb

 

eye type
Net EUR/100 items at a purchase ofUnitWeight

kg / 1000
items

b
mm

d
mm

a
mm

Cross-section
mm²

TypePart no.
45° 501 - 1000101 - 500up to 100

o. r.o. r.o. r.1005,512,04,55,310,0HELU-S-RK-45-CU-UL 10-5907597
o. r.o. r.o. r.1005,812,04,56,410,0HELU-S-RK-45-CU-UL 10-6907598
o. r.o. r.o. r.1006,515,04,58,410,0HELU-S-RK-45-CU-UL 10-8907599
o. r.o. r.o. r.1006,618,04,510,510,0HELU-S-RK-45-CU-UL 10-10907600
o. r.o. r.o. r.1009,512,05,55,316,0HELU-S-RK-45-CU-UL 16-5907601
o. r.o. r.o. r.10010,212,05,56,416,0HELU-S-RK-45-CU-UL 16-6907467
o. r.o. r.o. r.10011,715,05,58,416,0HELU-S-RK-45-CU-UL 16-8907468
o. r.o. r.o. r.10011,718,05,510,516,0HELU-S-RK-45-CU-UL 16-10907469
o. r.o. r.o. r.10013,915,07,06,425,0HELU-S-RK-45-CU-UL 25-6907470
o. r.o. r.o. r.10015,116,07,08,425,0HELU-S-RK-45-CU-UL 25-8907471
o. r.o. r.o. r.10016,618,07,010,525,0HELU-S-RK-45-CU-UL 25-10907472
o. r.o. r.o. r.10017,020,07,013,025,0HELU-S-RK-45-CU-UL 25-12907473
o. r.o. r.o. r.5021,717,08,56,435,0HELU-S-RK-45-CU-UL 35-6907474
o. r.o. r.o. r.5022,317,08,58,435,0HELU-S-RK-45-CU-UL 35-8907475
o. r.o. r.o. r.5023,420,08,510,535,0HELU-S-RK-45-CU-UL 35-10907476
o. r.o. r.o. r.5024,022,08,513,035,0HELU-S-RK-45-CU-UL 35-12907477
o. r.o. r.o. r.5029,420,010,06,450,0HELU-S-RK-45-CU-UL 50-6907478
o. r.o. r.o. r.5033,420,010,08,450,0HELU-S-RK-45-CU-UL 50-8907479
o. r.o. r.o. r.5036,520,010,010,550,0HELU-S-RK-45-CU-UL 50-10907480
o. r.o. r.o. r.5036,523,010,013,050,0HELU-S-RK-45-CU-UL 50-12907481
o. r.o. r.o. r.2549,024,012,08,470,0HELU-S-RK-45-CU-UL 70-8907482
o. r.o. r.o. r.2552,324,012,010,570,0HELU-S-RK-45-CU-UL 70-10907483
o. r.o. r.o. r.2553,424,012,013,070,0HELU-S-RK-45-CU-UL 70-12907484
o. r.o. r.o. r.2561,826,013,58,495,0HELU-S-RK-45-CU-UL 95-8907485
o. r.o. r.o. r.2562,026,013,510,595,0HELU-S-RK-45-CU-UL 95-10907486
o. r.o. r.o. r.2562,026,013,513,095,0HELU-S-RK-45-CU-UL 95-12907487
o. r.o. r.o. r.2568,028,013,517,095,0HELU-S-RK-45-CU-UL 95-16907488
o. r.o. r.o. r.2578,029,015,08,4120,0HELU-S-RK-45-CU-UL 120-8907489
o. r.o. r.o. r.2589,029,015,010,5120,0HELU-S-RK-45-CU-UL 120-10907490
o. r.o. r.o. r.2589,129,015,013,0120,0HELU-S-RK-45-CU-UL 120-12907491
o. r.o. r.o. r.2593,130,015,017,0120,0HELU-S-RK-45-CU-UL 120-16907492
o. r.o. r.o. r.25113,131,016,88,4150,0HELU-S-RK-45-CU-UL 150-8907493
o. r.o. r.o. r.2598,031,016,810,5150,0HELU-S-RK-45-CU-UL 150-10907494
o. r.o. r.o. r.2596,831,016,813,0150,0HELU-S-RK-45-CU-UL 150-12907495
o. r.o. r.o. r.25101,231,016,817,0150,0HELU-S-RK-45-CU-UL 150-16907496
o. r.o. r.o. r.25101,235,016,821,0150,0HELU-S-RK-45-CU-UL 150-20907497
o. r.o. r.o. r.20123,535,019,010,5185,0HELU-S-RK-45-CU-UL 185-10907498
o. r.o. r.o. r.20122,435,019,013,0185,0HELU-S-RK-45-CU-UL 185-12907499

 

Continuation 
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HELU-S-RK-45-CU-UL Copper tubular cable lug - 45° angled
eye type

Net EUR/100 items at a purchase ofUnitWeight
kg / 1000
items

b
mm

d
mm

a
mm

Cross-section
mm²

TypePart no.
45° 501 - 1000101 - 500up to 100

o. r.o. r.o. r.20128,435,019,017,0185,0HELU-S-RK-45-CU-UL 185-16907500
o. r.o. r.o. r.20139,935,019,021,0185,0HELU-S-RK-45-CU-UL 185-20907501
o. r.o. r.o. r.15154,638,021,013,0240,0HELU-S-RK-45-CU-UL 240-12907502
o. r.o. r.o. r.15165,138,021,017,0240,0HELU-S-RK-45-CU-UL 240-16907503
o. r.o. r.o. r.15170,438,021,021,0240,0HELU-S-RK-45-CU-UL 240-20907504
o. r.o. r.o. r.15257,043,024,013,0300,0HELU-S-RK-45-CU-UL 300-12907505
o. r.o. r.o. r.15256,843,024,017,0300,0HELU-S-RK-45-CU-UL 300-16907506
o. r.o. r.o. r.15273,043,024,021,0300,0HELU-S-RK-45-CU-UL 300-20907507

 

o. r. = on requestDimensions and specifications may be changed without prior notice.
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