
TECHNICAL DATANAGY 75 QPAR51
Indoor LED surface-mounted ceiling light, white

The NAGY plaster luminaire is a highly individual ceiling
light with a puristic, clear design. Prepared for accommo-
dating GU10 halogen or retrofit LED lamps, it is ready for
direct connection to the 230V mains power supply. After
priming, the luminaire can be painted with wall paint as de-
sired.

Item no.: 1002965

Socket GU10

Number of sockets 1

Primary nominal voltage 220-240V ~50/60Hz mA/V

Height 14 cm

Diameter 7.5 cm

Net weight 0.714 kg

Gross weight 0.859 kg

IP Code IP 20

Safety class I

Impact resistance class IK02

Impact resistance 0,2 Joule

Assembly Surface

Assembly details Ceiling

Wattage 10 W

Color white
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Recommended lamp

1004972 LED QPAR51 , lightbulb
GU10 2700K 36°

1004973 LED QPAR51 , lightbulb
GU10 300K 36°

1004974 LED QPAR51 , lightbulb
GU10 4000K 36°
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