
TECHNICAL DATATENSEO TRANSFORMER
for low-voltage cable system, chrome, 50VA

Dimmable and toroidal 12V low-voltage transformer attrac-
tively designed with direct low-voltage connector for a ma-
ximum of 50W. Available in several colour variants.

Item no.: 1002693

Primary nominal voltage 230V ~50Hz ma/V

Secondary power / secondary volta-
ge

12V AC

Height 11 cm

Diameter 11.1 cm

Net weight 1.699 kg

Gross weight 1.98 kg

IP Code IP 20

Safety class I

Assembly Surface

Assembly details Ceiling,Wall

Dimmable Yes

Dimming technology Leading edge

Color chrome

Minimum ambient temperature 10 °C

Maximum ambient temperature 60 °C
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