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COMET TECHNICAL DATA
cable luminaire for the TENSEO low voltage cable sys- ltem no.: 1002690
tem, 2700K, chrome
Primary nominal voltage 12V ~50Hz mAN
COMET LED spotlight for the TENSEO low-voltage cable
system. The luminaire impresses with its slim design and is Length 18.5cm
therefore ideal for modern lighting concepts. This luminaire -
made of metal and glass is equipped with a warm-white Height 7.5¢cm
LED. B
Diameter 6.5cm
Net weight 0.258 kg
Gross weight 0.364 kg
18,5
IP Code IP 20
7.5 Safety class If
Assembly Surface
“——
76,5
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Assembly details

Ceiling with Acc.

Lumen 410 Im
Colour temperature 2700 Kelvin
Beam angle 120 °
Color chrome
CRI 80
LXXBXX data L70B50
Maximum ambient temperature 35°C

BIG WHITE Page 506

slv.com | 1




SLV

Light Source

916342

=
-

SLV Lighting UK Limited - Dunstable - UK-LU5 4LT United Kingdom - T +44 (0) 203 968 1100 - F +44 (0) 203 968 1109 - info@uk.slv.com

Last updated 2021-11-23 09:42:14 - Subject to technical changes slv.com | 2




