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VOLTAGE CONVERTER 

DC-DC step down converter 

MAIN FEATURES 

Model Stepdown converter with 
fixed 5 V (DC) output 

Special feature Dustproof and splashproof 

Dimensions 34 x 67 x 22 mm 

Weight 70 g 

Items delivered Voltage converter module 

  

FURTHER SPECIFICATIONS 

Input voltage 10 - 40 V (DC) 

Input current 3.5 A max. 

Output voltage 5 V (DC) 

Output current 6 A  

Output power 30 W  

Connection cable  
assignment 

Red = Input + 
Yellow = Output + 
Black = Input - / Output - 

Cable length ca. 150 mm 

Protection class IP 64 

  

FURTHER DETAILS 

Article No. SBC-Buck04-5V 

EAN 4250236824031 

Customs Tariff No. 85044030 

This voltage converter module converts 

input voltages of 10 - 40 V (DC) down to 

an output voltage of 5 V (DC). 

Due to the IP 64 certification it is protec-

ted against splash water from all direc-

tions. 


