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Specification

Material: 

Gland - PA 66  

Seal - NBR

Color: Light Grey (RAL7035)

Thread type: Metric

Waterproof class: IP68

Working temperature: -20 ~ 80°C

Thread NH (mm) Pcs.

M12 x 1.5

M16 x 1.5

M20 x 1.5

M25 x 1.5

M32 x 1.5
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NH

224pcs Cable Gland Set, Metric Thread, Grey
Item No. 2009CA109


	頁面  1

