
W cable tie

unlockable
 

 

Technical dataMaterial
Polyamide 6.6

Cable tie
Detachable cable tie for temporary assembly.
This cable tie can be opened by hand without
using a tool.

Temperature range: -40°C up to +80°C
 
Flammability acc. to UL 94: V2
 

 
• halogen-free
• silicone-free

  
 

 
Net EUR/100 items at a purchase ofUnitCapacity

N
Bundle Ø
mm

Width
mm

Length
mm

Part no.
black 5001 - 100001001 - 5000up to 1000

o. r.o. r.o. r.100220,026,07,6120,097633
o. r.o. r.o. r.100220,050,07,6200,097634
o. r.o. r.o. r.100220,080,07,6300,097635
o. r.o. r.o. r.100220,0102,07,6370,097636

 

o. r. = on requestDimensions and specifications may be changed without prior notice.
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