
T cable tie
 

 

Technical dataMaterial
Polyamide 6.6

Cable binders
Cable ties with plastic lug for directionality and
mounting cables and lines.

Temperature range: -40°C up to +85°C
 
Flammability acc. to UL 94: V2

 
 
Application

• halogen-free
 
 

• silicone-free
 • Plant and machine construction
Note• Robot construction
black: good UV-resistance• Automation technology

• Vehicle construction and shipbuilding
• Rail technology
• Installation technology
• Control cabinet construction
 

 
Net EUR/100 items at a purchase ofUnitCapacity

N
Bundle Ø
mm

Width
mm

Length
mm

TypePart no.
black

Part no.
transparent 5001 - 100001001 - 5000up to 1000

o. r.o. r.o. r.100110,024,02,5100,0T 2-209014090150
o. r.o. r.o. r.100110,055,02,5200,0T 2-509014190151
o. r.o. r.o. r.100200,036,03,5140,0T 3-359014290152
o. r.o. r.o. r.100200,055,03,5200,0T 3-509014390153
o. r.o. r.o. r.100200,080,03,5280,0T 3-759014490154
o. r.o. r.o. r.100280,051,04,5200,0T 5-859014790157
o. r.o. r.o. r.100280,076,04,5280,0T 5-759014690156
o. r.o. r.o. r.100280,0101,04,5360,0T 5-1009014890158
o. r.o. r.o. r.100650,0101,07,5360,0T 8-1009014990159
o. r.o. r.o. r.100800,0185,09,0610,0T 9-1659649296491
o. r.o. r.o. r.100800,0236,09,0762,0T 9-2309722397219

 

o. r. = on requestDimensions and specifications may be changed without prior notice.
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