Stranded Copper Jumper Wire . 2 ( i
Copper insulated multi coloured 2-wires, 2 colours, 0.14 mm?*, 25 m ecgg

SPECIFICATION:

Operating Voltage (Nom.): 500V
Operating Temperature: -5°Cto 85°C
Strands Cross Section: 0.14 mm?
MATERIAL:

Material (Insulation): PVC
HANDLING:

Packaging: ring
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Order Information
Identifier: Version: Colour: Length:
| KzL | [ 2X014 | [ # | 25
Stranded copper 2-wires 2 x 0,14 mm? RTSW: red / black 25m

RTBL: red / blue
RTBR: red / brown
GEBR: yellow / brown



