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23 09457251548 60 0.6

22 09457251547 50 0.5 C

21 09457251546 L0 *0.4

20 09457251545 30 +0.3

19 09457251552 25 £0.25

18 09457251544 20 0.2

17 09457251543 15 £0.15

16 09457251550 13 £0.13

15 09457251549 12 £0.12 D

14 09457251542 10 0.1
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11 09457251539 7 £0.07

10 09457251538 6 +0.06

9 09457251537 5 £0.05

8 09457251536 L +0.04 ‘

7 09457251535 3 £0.03

6 09457251551 2.5 £0.025

5 09457251534 2 %0.02
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