
TECTALK

GO

•  Simple communication: Select a channel and 
any number of radios can communicate with 
each other.

•  Range: The two-way radios have a long range 
of up to 5 km

•  Various connection options: USB-C for easy 
charging

•  Can be used free of charge and without regis-
tration costs in Germany and abroad at any time

•  Extensive functions: Flashlight, key lock,  
power save mode, battery indicator and 
much more

KEY FEATURES

Range
up to 5 km

USB-C port
for easy charging

Flash light
should there be a lack of light

VOX hands-free function
and squelch in 5 levels
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TECTALK

GO
FEATURES 
• 16 PMR446 channels
•  High-quality device with high-quality 

haptics
• approx. 13 hours operating time
• VOX hands-free function
• Automatic squelch
• Key lock
• Display illumination
• Power saving mode
• Channel scan / Monitor / Call
• Dimensions (WxHxD): 48 x 142 x 40 mm
• Weight: 115g

Art.-No: 29646

SCOPE OF DELIVERY 
2x Tectalk GO radios with belt clips,  
instructions
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