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HDMI Receptacle (Female to Female)
ltem No. 3385921

Overview
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25.5 GENERAL TOLERANCE
(UNLESS SPECIFIED)
<10 0.1
<10~<20 0.2
<20~<50 #0.5

Angle +1°

THIRD ANGLE

Technical data

Rated Current.........ccocevvrerevreeeenn, 05A

Rated voltage .........ocvevvrevrcrvirircricrccnns 5V

Nominal voltage..........ccveerirreeniencce, 30V
Protection 1evel..........ccoevencvenincinnencnnns IP67
Temperature range .........ccoceeeeneeeeneeninenenns -4010 105 °C
Insertion and removal times ..............cceeeue. =500
ConNECtion tYPe.......ceveerevcreereicrereieinns HDMI
Connection A ... HDMI socket
Connection B........ccoevevnerencereeicieeienns HDMI socket
Contact material .........coocvercnirinciiricnnns Copper alloy
Housing material..........ccooovirininiren. PA
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