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MODEL NO. HCS701B

Thank you for your purchase, please read the manual and
save it for future reference.
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1. Contents in the box
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1. HCS701B Thermo-Hygrometer
2. User Manual 3. Warranty Card
4. Lanyard 5. Triangular Pry Tool
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2. Introduction

2.1 Product Overview

|
e
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1. Hanging Hole 2. Pry Hole
3. Solar Panel 4. Bluetooth Pairing Button
5. Indicator Light
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2.2 Button Introduction

BUTTON FUNCTION

Bluetooth Press and hold to enter Bluetooth
Pairing Button pairing mode.

2.3 Specifications

€  Temperature Range: -40°F~158°F (-40°C~70°C)
&  Temperature Accuracy: +0.9°F (£0.5°C)
¢ Humidity Range: 1~99%
€ Humidity Accuracy: 3% in range of 40~70%,
+5% in other range
¢ Power Supply Method: Solar-Powered and 1*AA alkaline

battery (included) , Hybrid Dual-power.
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3. Installation and Connection

3.1 APP Download

a.  Search and download

HomGar app on App Store
or Google Play. GETITON
d Y Google Pl

b. Or scan the QR code to download:

App Store

i0S Android
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c. Create an account and log in: Follow the prompts to
register an account with your email or mobile phone.

& T & T

Register

HomGar United States of America +1

United States of America +1

N

3.2 Preparation Before Connecting
the Thermo-Hygrometer

a.  Please enable Bluetooth on your
mobile device.
b.  Powering On the Device.

€ Pull out the insulation sheet.
€ Theindicator light will stay on for
2 seconds.
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c. Open the HomGar App, add device on the Home page,
tap @ or "Add Device" on the Home page, and Find
"HCS701B" . Or press (—, scan QR code and enter into

1

next step.

My Home ~ ® < Add Device
Sot your Home location for more o
formation such a0 weathe frecast ©)
= [}
ALL Devices Sean toadd Auto search
#
HOSTOS  MoST0z8 HOSOSGSFRF
Add Device /

i - -

HOSOISARF  HCSOIAARF

% :
= @2
0230701400
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4. App Function

4.1 App Warning Settings

Device Name

23.6cy o

H28.3c 1016.5C

< HCs701B

% Temperature

Device Information

100 % % Warning Settings

HI100% L049% Sensor Correction

@ Humidity

Note: When the APP is closed, the notifications cannot be
pushed to the mobile device.

In this case, use Smart Hub to keep the sensor online at all
times, ensuring the APP can receive notifications
(notification permissions must be enabled in advance).

4.2 Humidity & Temperature History Review

< HCs701B

4 Temperature

23.6c»

H28.3ct L016.5C

e ) HCs7018
oo m 30 Days More | &

/\W/\

HCS7018

Temporature

4.3 Temperature unit switching
( My Home ~ @
E |
ALL Devices. \

HesToe

I twsc
& a3%

( Home \ ( Units Format

2

Transmission Power Normal & Hurmidity R : 2o Format c
100%» =
H100%  L049% foom or Zone Date Format MMy
Location -
Time Zone
Temperature Warning Set Warning Value N e reee
50.0°F 86.0°F R AicPressure mbfpa
- X nits Forma
Hurmidity Warning ——o - — Capacity Metric(e.q. L)
Freezing Warning Last collection time
Temperature < S0.0°F
i Temperature > 86.0°F
: Note: The supporting APP will be continuously updated.
R Please refer to the latest version of the APP for actual
& High temperature warning . .
functions and interfaces!
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5. Battery Replacement 6. Troubleshootlng 7. FCC Statement Note: The manufacturer is not responsible for any radio
PROBLEM SOLUTION or TV interference caused by unauthorized modifications
a Align the pry at a vertical angle with the upper pry hole This device complies with Part 15 of the FCC Rules. Operation is to this equipment. Such modifications could void the
and gently insert to loosen the upper front and back Device Fails to @ Turn on Bluetooth on your phone. subject to the following two conditions: user’s authority to operate the equipment.
housing. Connect to Smart # Long-press the Bluetooth button and 1. This device may not cause harmful interference.
b.  Align the pry at a vertical angle with the lower pry hole hub check if the indicator light turns on: 2. This device must accept any interference received, including
and gently insert until the housing are completely Ifthe !Ight is on, follow the pairing interference that may cause undesired operation. . Warranty
separated steps in the manual to add the FCC Warning: Any changes or modifications not expressly
device to the Smart hub. approved by the party responsible for compliance could void
@ If the light is off, replace the battery. the user’s authority to operate this equipment. @ BaldrTherm provides a 1-year limited warranty on this
= Note: This equipment has been tested and found to comply product against manufacturing defects in materials and
— .
= Smart hub Cannot @ Check the network connection- with the limits for a Class B digital device, pursuant to Part 15 of workmanship.
Connect to Mobile ensure it is 2.4GHz Wi-Fi. the FCC Rules. These limits are designed to provide reasonable You can get an extra of 2-years of extended warranty by
Device @ Verify that the Wi-Fi password is protection against harmful interference in a residential registering your product on our website

U
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c.  After separating the front
and back housing, remove
the battery for
replacement, then fasten
the front and back
housing together.
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entered correctly.
@ Stay closer to the Smart hub during
connection.

Device Disconnects @ Check if the router is working
normally.

& If the Smart hub frequently goes
offline, restart the router and observe.

@ Check if the Wi-Fi signal is unstable.
If the distance between the Smart
hub and router is too far, move the
Smart hub to stabilize the
connection.
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installation. This equipment generates, uses, and can radiate
radio frequency energy, if not installed and used in accordance
with the instructions, may cause harmful interference to radio
communications. However, there is no guarantee that
interference will not occur in a particular installation. If this
equipment does cause harmful interference to radio or
television reception, which can be determined by turning the
equipment off and on, the user is encouraged to try to correct
the interference by one of the following measures:
#  Reorient or relocate the receiving antenna.
®  Increase the separation between the equipment and the receiver.
#  Connect the equipment into an outlet on a circuit different
from that to which the receiver is connected.
#  Consult the dealer or an experienced radio/TV technician for help.
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